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a Transformateur de courant ouvrant
e Klappwandler 
z Split core transformer

SRT00635A 63 A / 5 A 0.7 VA Class 3 ø 18,5 mm L=1,5 m

SRT00805A 80 A / 5 A 0.7 VA Class 3 ø 18,5 mm L=1,5 m

SRT01005A 100 A / 5 A 0.7 VA Class 1 ø 18,5 mm L=1,5 m

SRT01255A 125 A / 5 A 0.7 VA Class 1 ø 18,5 mm L=2 m

SRT01605A 160 A / 5 A 0.7 VA Class 1 ø 18,5 mm L=2 m

SRT02005A 200 A / 5 A 0.7 VA Class 1 ø 18,5 mm L=2 m

SRT02505A 250 A / 5 A 0.7 VA Class 1 ø 18,5 mm L=2 m

SRT04005B 400 A / 5 A 2.2 VA Class 1 ø 28 mm L=2 m

SRT05005B 500 A / 5 A 2.2 VA Class 1 ø 28 mm L=2 m
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