
Splash-protected range W.1 - Chemical resistance

Paraffin +

Perfume +

Petroleum, petroleum ether -

Phenol +

Ammonium phosphate +

Phosphorus +

Potassium +

Propane +

Rum +

Soap +

Salt +

Aluminium salt +

Silver halide +

Carbonate salt +

Chloride salt +

Copper salt +

Magnesium salt +

Sulphite salt +

Zinc salt +

Shampoo +

Soda +

Sodium +

Sodium acetate +

Sodium carbonate +

Sodium chloride (salt) +

Sodium phosphate +

Sodium sulphate +

Sulphur +

Sugar +

Ammonium sulphate +

Turpentine -

Tea +

Trichloroethylene -

Urine +

Petroleum jelly +

Wine +

Vinegar +

Whisky +

White spirit +

Technical specifications
Protection rating IP55 and IK07

Resistance to cold and warm temperatures 
(storage)

-10°C to +50°C

Resistance to cold and warm temperatures 
(use)

-10°C to +35°C

Resistance to UV rays 500 hours at 550 W/m2

Resistance to salt spray 7 days (168 hrs)

Resistance to the glow wire 850°C — conforms to NF EN 60695-2

Maintenance Clean with a damp cloth or with soapy water 
Do not use trichloroethylene

For any other product, test beforehand

RAL: grey version Units, supports and trims: RAL 7011

Collar: RAL 7035

RAL: white version RAL 9010

Material Polypropylene

Resistance to chemical products at 20°C

+: Good resistance

-: Unstable 

Amyl acetate +

Ammonium acetate +

Sodium acetate +

Ethyl acetate +

Acetone +

Acetic acid 10% +

Acetic acid 50% +

Benzoic acid +

Boric acid +

Boric acid 
(saturated aqueous solution)

+

Hydrochloric acid 10% +

Hydrochloric acid 36% +

Citric acid +

Battery acid +

Hydrofluoric acid 40% +

Formic acid +

Lactic acid +

Nitric acid 25% +

Nitric acid 50% -

Oleic acid +

Oxalic acid +

Phosphoric acid +

Stearic acid +

Sulphuric acid 10% +

Sulphuric acid 85% +

Tartaric acid +

Amyl alcohol +

Benzyl alcohol +

Ethanol +

Isopropyl alcohol +

Methanol +

Aluminium +

Ammonia solution +

Acetic anhydride +

Aniline +

Antifreeze +

Barium +

Benzene -

Butter +

Beer +

Bromide +

Butane +

Cocoa +

Coffee +

Ammonium carbonate +

Calcium carbonate +

Chlorine -

Chloroform +

Ammonium chloride +

Calcium chloride +

Beeswax +

Jam +

Cream +

Toothpaste +

Detergent +

Water +

Chlorinated water (liquid, gas) -

Sea water +

Flour +

Cheese +

Fructose +

Gelatine +

Gin +

Glucose +

Glycerine +

Glycol +

Tar +

Cooking oil +

Engine oil +

Palm oil +

Olive oil +

Mineral oil +

Hydrogen +

Sodium hypochlorite 13% -

Fruit juice +

Kerosene -

Milk +

Vegetables +

Brake fluid +

Washing up liquid +

Margarine +

Mayonnaise +

Mercury +

Honey +

Mustard +

Ammonium nitrate +

Sodium nitrate +

Ozone +


