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EE600
LED Floodlight with IR Detector
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Installation

3-  Clip the projector onto the block  

 

Dimensions

322 mm

150 mm

180 mm

257 mm

Warning :
This device is to be installed only by a 

to local applicable installation standards.
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Adjustments

Detection zones

Testing and validating  
the detection zone
Put the potentiometer 2 on Test mode and 

detection zone.

The Test mode is available for 3 min. Every 

product returns to normal operation.

“Normal” operation (on/off)

2 is judged to be 

After detection, the light stays on for the length 
1. The 

Please note : 2 is on 
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Optimal installation height is 2.5m.
The detection zone shall remain free of obstacle.
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8 m 12 m
Ø 6 m 

2,5 m
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Technical Characteristics

Power 60W (300W Luminous Energy)

Colour of the Light 5700 Kelvin

Luminous Flux 3400 Lumen

Power Supply 230V~ 50Hz

Insulation Class ll

Connection using screw free terminals 1 to 1.5mm2

Protection class IP55

Operating temperature  20 to +45°C

Storage temperature  20 to +60°C

Detection angle 220/360°C

Forward detection distance 12m

Twilight threshold setting 5 to 1000Lux

Operation duration setting 5sec to 15min

Accessories Adjustable shutters supplied

EE600

Description
LED lights with an infrared 
sensor to easily replace any 
existing lighting fixture, to 
ensure automatic operation of 
lighting from the approach of 
a person. Integrated detector 

sensitive to infrared radiation 
for operation during the day 
and night or only at night.

Features
• Architectural design
• LED energy saving technology

• 220/360o detection up to 12m
• IP55
• Settings can be adjusted with 

the EE806 IR remote control

Description Cat ref.

LED Floodlight with PIR 220/360° White EE600

LED, Floodlight & Detector

The EE600 is a fully adjustable LED spotlight allowing the beam to be directed both up and down and 
side to side. The floodlight is also equiped with a passive infrared sensor to allow the floodlight to switch 
on and off in response to the presence of movement in the detection area. The luminosity level at which 
the sensor activates the floodlight and the overrun timer can be set using a potentiometer or more 
complex adjustments can be made with a remote programming tool EE806. 

Couleur de la lumière :  5700 kelvin
Flux lumineux : 3400 lumen
Alimentation : 230 V AC  50 / 60 Hz
Protection obligatoire :  fusible 10AgG/gl 
  ou disjoncteur 16A courbe C ou courbe B
Classe d’isolation : II
Cable préconisé :  U1000R02V3G1.5 
Raccordement par bornes Sanvis :  1 … 1,5 mm2

Indice de protection :  IP55
Température de fonctionnement :  -20 … +45 °C
Température de stockage :  -20 … +60 °C
Angle de détection :  220/360°
Distance de détection frontale :  12m
Réglage du seuil crépusculaire :  5 … 1000 lux
Réglage de la durée de fonctionnement :  
  5 s … 15 min

Que faire si…
Le projecteur ne s’allume pas :
•  En fonctionnement diurne, le réglage de 

crépuscularité est positionné sur fonctionnement 
nocturne. 

- Ajuster à nouveau.
•  Réglage incorrect de la zone de détection. 
- Ajuster à nouveau.

Le projecteur ne s’éteint pas :
• Mouvement continu dans la zone de détection. 
-  Contrôler la zone de détection, éventuellement la 

régler à nouveau ou la masquer.

Le projecteur s’allume et s’éteint 
continuellement :
•  Des animaux se déplacent dans la zone de 

détection.

Le projecteur s’allume involontairement :
•   Le vent agite des arbres et des arbustes dans la 

zone de détection.

•  Détection de voitures passant sur la chaussée.

•  Variations subites de température dues aux 

endroit.

180 °

340°

+/- 80°

Product description and working 
principles

sensitive to infrared radiation linked to heat emissions 
from any moving body.

no further movement is detected in the surveillance 

for 45 seconds. The parameters are adjustable after 
this period.

Wall support 

supply block

Directional detection head

Description

Adjustment potentiometers

Shutters
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Utilisable partout en Europe å et en Suisse

 Par la présente hager Controls déclare que le projecteur 
LED est conforme aux exigences essentielles et aux autres 
dispositions pertinentes des directives basse tension 
2006/95/EC et CEM 2004/108/EC.

La déclaration CE peut être consultée sur le site :   
www.hagergroup.net
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