
EN 61 643-11
IEC 61 643-11

Type 2
Class II

TT/TN OK

Un
230/400 V (50/60 Hz)
Tolerance : 0 V ... Uc

Ipe < 5 μA
Ifi (N-PE) 100 Arms

Humidity 5%...95%
ϑ °C -40/+60 °C
Ports 1
IP code 20 (built in)

L x W x H 86,5 x 35,5 x 60 mm (SPM2xxD)
86,5 x 71,5 x 60 mm (SPM4xxD)

In (8/20 µs) Imax (8/20 µs) Up Uc
 C1 max.

hager F2 max { Isccr

SPM215D
SPM415D

L-N 5 kA 15 kA ≤ 1 kV 275 V (50/60 Hz)
32 A"C" 125 A gG

10 kArms

N-PE 20 kA 40 kA ≤ 1,5 kV 255 V (50/60 Hz) -

Type SPMxxxD
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Backup fuse/Vorsicherung
Type SPMxxxD

F1 } F1 > 125 A gG

5
F2 ≤ 125 A gG

F2  } F1 ≤ 125 A gG

5
F2

A min. 6mm2 Cu

6S5060.h1

Indoor use only - There is no distance from the SPD to any earthed conductive surface required

min. L, N, PE,  2,5 mm²

max. L, N, PE,  16 mm² 25 mm²

PZ 2
2,5 Nm
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SPM215D, SPM415D

a Parafoudres
z Lightning surge arrester
e Überspannungsableiter
y Scaricatore
r Pararrayos
t Limitador de sobretensões
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Vert
Green
Grün
Verde
Verde
Verde

Rouge
Red
Rot
Rosso
Rojo
Encarnado

Fault indication

SPM215D, SPM415D


