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Torroid Selection

Mounting of Circular Torroids

With Cables
U 1000 R2V U 1000 R2V U 1000 R2V U 1000 R2V | U1000 R2V | HO7V-U HO7 V-U
Sinlge Pole Single Pole Multi Pole Multi Pole Multi Pole Single Pole Single Pole
(0] Type of
Torroids
(torroid ) | (torroid )
30 HR700 4 x 16mm? 2 x 50mm? 35mm?2 35mm? 50mm? 4 x 35mm? 2 x 70mm?
35 HR701 4 x 25mm? 2 x 70mm? 50mm?2 35mm?2 70mm? 4 x 50mm? 2 x 95mm?
70 HR702 4 x 185mm? 2 x 400mm? or | 240mm? 35mm? 300mm? 4 x 240mm? 2 x 400 or
4 x 150mm? 4 x 185mm?
105 HR703 4 x 500mm? 2 x 630mm? or | 300mm? 35mm? 300mm? 4 x 400mm? 2 x 400 or
4 x 185mm? 4 x 240mm?
140 HR704 4 x 630mm? 2 x 630mm? or | 300mm? 35mm? 300mm? 4 x 400mm? 2 x 400 or
4 x 240mm? 4 x 240mm?
210 HR705 4 x 630mm? 2 x 630mm? or | 300mm? 35mm? 300mm? 4 x 400mm? 2 x 400 or
4 x 240mm? 4 x 240mm?
70x175 | HR830 4 x 630mm? 2 x 630mm? or | 300mm? 35mm? 300mm? 4 x 400mm? 2 x 400 or
4 x 240mm? 4 x 240mm?
115 x 305 | HR831 4 x 630mm? 2 x 630mm? or | 300mm? 35mm? 300mm? 4 x 400mm? 2 x 400 or
4 x 240mm? 4 x 240mm?
150 x 350 | HR832 4 x 630mm? 2 x 630mm? or | 300mm? 35mm?2 300mm? 4 x 400mm? 2 x 400 or
4 x 240mm? 4 x 240mm?
20 x 30 HR820 4 x 16mm? 2 x 70mm? 10mm? 35mm? 16mm? 4 x 10mm? 2 x 35mm?
50 x 80 HR821 4 x 240mm? 2 x 630mm? or | 120mm? 35mm? 150mm? 4 x 185mm? 2 x 240mm?
4 x 185mm?
80 x 80 HR822 4 x 500mm? 2 x 630mm? or | 300mm? 35mm? 300mm? 4 x 400mm? 2 x 400 or
4 x 185mm? 4 x 240mm?
80x 120 | HR823 4 x 630mm? 2 x 630mm? or | 300mm? 35mm?2 300mm? 4 x 400mm? 2 x 400 or
4 x 240mm? 4 x 240mm?
80x 160 | HR824 4 x 630mm? 2 x 630mm?2 or | 300mm? 35mm? 300mm? 4 x 400mm? 2 x 400 or
4 x 240mm? 4 x 240mm?
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