
hager.com/au	 Subject to technical changes� 02.06.2026

Product Datasheet 
JPE4W78M20DS

hager.com/au

ELITE 18/24/24/12P Splt-200A MCCB-DIN-SS

Technical Features

Connection
Number of accessible phases 78

Installation, mounting
Mounting on Surface mounting

Electric current
Rated current 200 A

Breaking and opening capacity Idm 0 kA

Equipment
With lock Yes

Has mounting plate No

Equipped with switch No switch

Number of switches 0

Type of busbar chassis Split chassis

Capacity
Number of modules 42

Dimensions
Height 1600 mm

Width 600 mm

Depth 250 mm

Cover, door
Door/cover is transparent No

Materials
Material Stainless steel

Safety
Protection class Isolation class I

Impact resistance IK IK05

Ingress Protection (IP) class IP66

Locking type 3-point lever

Architecture
Number of poles 96

Sustainability

RoHS conform Yes
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